Dimensional Drawing
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1: ALL ROUGH DIMENSIONS MAY VARY 25" DUE TO CASTING
AND/OR FABRICATION VARIATIONS
2: LARGEST MOTOR WIDTH.
3: TAP SIZE AND BOLT PENETRATION ALLOWANCE.
4: ALL TAPPED HOLES ARE UNIFIED NATIONAL COARSE,
RIGHT HAND THREAD. TOLERANCES
5. TOLERANCES ARE ALL IN INCHES.
. FACE RUNOUT 004 TR
6: FRAME REFERENCE: 8.00 PERMISSIBLE ECCENTRICITY
OF MOUNTING RABBET 004 TIR
PERMISSIBLE SHAFT RUNOUT 002 T.IR
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Performance Data
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MOTOR PERFORMANCE
MODEL NO. CATALOG NO. PHASE TYPE FRAME
1TTB3BG NA 3 WEFN 56C
2a080 [T TN |
VPt 203966 [203967 |203968 |203969 [203970
HP: 1 1 1 1 1
POLES: £ 14 El £ £l
VOLTS: 460 1230 208 380 1890
HZ: 60 60 60 50 50
SERMICE FACTOR: 1.15 1.15 1.15 1 1
EFFICIENCY (%):
S.F. 85.5 185.5 84.5
FULL 85.5 185.5 84 82.5 82.5
3/4 84.9 184.9 85.3 84.6 84.6
1/2 81.8 181.8 83.2 83.1 83.1
1/4 72 72 74.7 75.2 75.2
POWER FACTOR (%):
S.F. 775 775 82.2
FULL 73.6 736 79.1 80 80
3/4 64.5 164.5 71 71.7 71.7
1/2 51.1 51.1 57.8 58.1 58.1
1/4 32.4 324 37.3 37 37
NO LOAD 8.2 8.2 8.6 8.1 8.1
LOCKED ROTOR 66.9 166.9 65.8 721 721
ANPS:
S.F. 1.6 3.3 3.4
FULL 1.5 3 3.1 1.7 3.4
3/4 1.3 2.6 26 14 2.8
1/2 1.1 2.2 22 1.2 2.3
1/4 1 2 1.9 1 2
NO LOAD 1 2 1.8 1 1.9
LOCKED ROTOR 13.9 127.8 24.8 12.4 24.8
NEMACODE LETTER M LW K K K
NEMADESIGN LETTER B B B B B
FULL LOAD RPM 1750 1750 1735 1435 1435
NEMANOMMNAL / EFFICIENCY (%) 85.5 185.5 84 83.7 83.7
GUARANTEED EFFICIENCY (%) 82.5 182.5 81.5 80 80
hMax K\VAR 0.7 0.7 0.6 0.6 0.5
IANVBIENT (°C) 40 140 40 140 40
ALTITUDE (FASL) 3300 3300 3300 3300 3300
SAFE STALL TIME-HOT (SEC) 19 19 26 126 26
SOUND PRESSURE (DBA@ 1M) o] 0 0 0 (]
TORQUES:
BREAKDOWN{% F.L.} 546 546 438 1408 408
LOCKED ROTOR{% F.L.} 135 1135 343 344 344
FULL LOAD{LB-FT} 3 3 3 3.7 3.7
NEMA Nominal and Guaranteed Efficiencies are up to 3,300 feet above sea level and 25 ° C ambient
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Wiring Diagram
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Motor Wiring Diagram
9 Lead, Dual Voltage (WYE Conn.)
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To reverse direction of rotation, interchange leads L1 & L2.
Each lead may have one or more cables comprising that lead.
In such case, cable will be marked with the appropriate lead number.

DRAWING NO.  PAGE 1 of 1 REV.
1TTB3BG 0

Dayton Electric Mfg. Co. Lake Forest, IL 60045 USA

©2018 W.W. Grainger, Inc. This design may not be reproduced, modified or redistributed without written permission from W.W. Grainger, Inc.



	1TTB3BG_OD
	Dimensional Drawing

	1TTB3BG_PD
	Performance Data

	1TTB3BG_WD
	Wiring Diagram


