. VESTE ISOLEE

FEATURES

Fabric: 6.4 oz GlenGuard with bonded PU FR
membrane (67% Kermel, 17% modacnylic,
15% polyurethane, 1% anti-static)

Lining: 50% Kermel, 50% viscose FR.

Insulation: modacrylic FR

3M™ Scotchlite™ Reflective Material FR
with 2" contrast backing

YKK FR HTM {high tenacity nylon) zippers

Fly front with snap closure over zipper

Bellowed chest pocket with FR mesh gas
meter pocket

Radio pocket with removable security snap
and storage snap in lower pocket Inside
pocket and cell pocket

Two-way lower pockets

Microphone loops

Elastic back waist

Drop back feature for warmth

SIZES & COLOURS / TAILLES ET COULEURS
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FR INSULATED VEST

CARACTERISTIQUES

Tissu: ClenGuard 64 0z avec membrane collée
en PU ignifuge (67 % Kermel, 17 % Modacryic,
15 % pohyuréthane, 1% antistatique)

Doublure : 50 % Kermel, 50 % viscose FR

Isolant : modacrylic FR

Bandes de 2 po en matériel réfléchissant
3M™ Scotehlite™ avec bande contrastante

Fermetures a glissigre YKK en nylon haute
ténacité ignifuge

Boutonnage pression devant la fermeture
a glissiére

Poche poitrine 3 soufflet avec poche en
mailles ignifuges pour compteur a gaz

Poche radio avec sangle de sécurité amovible
et rangement dans la poche intérieure

Poche intérieure et poche pour cellulaire

Poches inférieures double sens

Passants pour micro

Bande élastique au dos

Dos allongé pour chaleur accrue

CAT3

EBT » X3 CALICMZ
MFPA 112, NFPA TOE,
CAN/CGSB-185.20,
ASTM F1506

CHA-Z96-09
‘CLASS 1, LEVEL FR
CLASSE 1, NVEAU FR




