
Color-coding helps ensure food-
processing tools are properly handled to 
mitigate cross-contamination. No other 
color-coding system offers more high-
performance tools in more colors than 
Remco and Vikan brands combined. 
With a full range of FDA-compliant 
shovels, brooms, squeegees, brushes, 
and more, we can partner with you 
to develop a successful color-coding 
system that supports strict food safety 
regulations.

Color-Coded Hygienic Tools

Shovels

Scoops

Mixing Paddles

Scrapers

Squeegees

Brushes

Brooms

Tool Hangers
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Remco offers a wide range of brush, squeegee, and handle styles to 
meet the varying demands of food processors. 

SOFT — Ideal for 
sweeping dry, fine 
particles like flour 
and sugar.

MEDIUM  — 
Suitable for wet or 
dry applications; 
great for sweeping 
larger food particles 
such as peelings.

STIFF  — Perfect for 
scrubbing difficult dirt and for 
wet use with cleaning agents.

SOFT /STIFF COMBO 
— The best of both worlds 
offering stiff bristles that 
loosen stubborn dirt and 
soft bristles that sweep 
away fine particles.

SOFT/SPLIT — Split bristle 
fibers hold more water and 
cleaning agent to achieve a 
maximum washing effect.

Choose the brush that best fits 
the application:

Choose the blade that best fits the application:

DOUBLE BLADE 
FOAM RUBBER  — 
The foam rubber blades 
make this squeegee 
the most effective at 
moving large amounts 

of liquid on smooth and tiled surfaces. The 
soft rubber efficiently reaches into all spaces 
on floors, such as grout lines.

DOUBLE BLADE 
ULTRA HYGIENE  — 
Efficient in areas such 
as large food production 
facilities, collecting every 
particle with flexible 

non-porous rubber blades. These squeegees 
feature replaceable rubber cassettes 
designed to move liquids and debris on tiled, 
uneven surfaces.

SINGLE BLADE 
ULTRA HYGIENE  — 
Zero seams or cracks 
for bacteria to hide, 
providing the highest 
level of hygiene. The 

hygienic design has smooth, rounded 
surfaces with elongated ends to protect the 
rubber blade and guard against splashes.
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Choose the handle that best fits the application:

ULTRA HYGIENE  
— Composed solely 
of FDA compliant 
polypropylene, this 
handle is uniquely 
hygienic and durable 
in its construction.  It 

also boasts the added benefit of coming in 
total color, making it an excellent choice for 
inclusion in a color-coding system.

ALUMINUM  — 
Aluminum handles 
are a solid option in 
any hygiene sensitive 
environment.  
Aluminum provides 
a cost effective and 

reliable solution to a facility’s needs.

FIBERGLASS  — 
Fiberglass handles 
are a total color 
option.

STAINLESS 
STEEL  — 
Stainless steel 
handles can 
hold up to the 
most aggressive 
chemicals, making 

them a great choice for environments 
where chemical resistance is critical.
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Industrial Shovels 
Description Color O/A Length Blade (LxW) Item No. Manu. Item No.
2-Piece Safety Shovel, Bonded Black 43.5” 14” x 10.5” 3ZDZ8 6896BKSS
2-Piece Safety Shovel Green 33” 14” x 10.5” 3UE42 6898SS
2-Piece Safety Shovel Green 35” 18” x 14” 3UE41 6897SS
2-Piece Safety Shovel Green 38.5” 14” x 10.5” 3UE38 6892SS
2-Piece Safety Shovel Green 40.5” 18” x 14” 3UE43 6900SS
2-Piece Safety Shovel Green 43.5” 14” x 10.5” 3UE40 6896SS
2-Piece Safety Shovel Green 46” 18” x 14” 3UE44 6985SS
Emergency Blade Shovel Orange 24”–36” 12” x 10” 3UE45 6880EBO
Emergency Blade Shovel Gray 24”–36” 12” x 10” 3ZEF3 6880EBG
11” Regrind Shovel Gray 38” 14” x 11” 3UE36 6981RG
14” Regrind Shovel Gray 42” 17” x 14” 3UE37 6982RG
Pan Shovel, Blade Only Green 20” 14” x 10.5” 3UE39 6895SS
Dual Thread Adapter — — — 46MW35 6200

38Y562
Ergonomic Shovel

3UE45
Emergency  
Blade Shovel

31CF83
1-Piece Hygienic Shovel

3UE38
2-Piece  
Safety Shovel

38Y588
Dual Grip Shovel

3UE39
Pan Shovel 
Blade Only

3UE41
2-Piece  
Safety Shovel

31CF42
Sieve Shovel

3ZDZ8
1-Piece  
Safety Shovel

4EY29
Hygienic Fork

3UE36
Regrind  
Shovel

3LFF6
Hygienic Rake

Hygienic Shovels, Fork and Rake 
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
13.5” Ergonomic Shovel — 38Y562 38Y563 38Y564 3UE33 38Y565 — — — H1589 5601
10.25” Ergonomic Shovel — 38Y566 38Y567 38Y568 3UE34 38Y569 — — — H1590 5611
11” 1-Piece Hygienic Shovel 31CF83 3UE23 3UE24 3UE25 3UE26 3UE27 31CF84 31CF85 31CF86 F9120 6981
14” 1-Piece Hygienic Shovel 30PC72 3UE28 3UE29 3UE30 3UE31 3UE32 9YFY4 18G954 5NAJ4 E9549 6982
14” Dual Grip Shovel — 38Y587 38Y588 38Y589 38Y590 38Y591 — — — H1594 6984
Sieve Shovel — — — — 31CF42 — — — — — 5604
Hygienic Fork — — — — 4EY29 — — — — — 5690
Hygienic Rake — — — — 3LFF6 — — — — — 56915
Ergo Shovel, Pole Handle — — — — 3UE35 — — — — — 5612

46MW35
Dual Thread  
Adapter



4

9G990
40” Paddle Scraper  
w/Holes

38Y581
Mini Bench Scraper

8TKZ7
40” Paddle Scraper 
w/o Holes

30PC69
Bench Scraper

3KLT8
Food Hoe

3UE92
Small Hand Scraper

52WT64
Small SS 
Hand Scraper

3LB53
Large Hand Scraper

52WT74
Large SS 
Hand Scraper

38Y586
Hi-Temp Scraper

2RWJ6
Floor Scraper, SS

38Y594
Paddle Scraper,  
Stiff

2RWK3
Floor Scraper, Nylon

38Y596
Paddle Scraper, 
Flexible

Paddle Scrapers  
Description Green Blue Red White Yellow Parent ID Manu. Item No.*
One-Piece, With Holes, 6” x 13” x 40” 9G990 8APZ6 8APZ7 9UAD3 8N820 E9385 6774
One-Piece,Without Holes, 6” x 13” x 40” 8AR01 8APZ9 9DLJ3 8AP65 8TKZ7 E9386 6775
One-Piece, With Holes, 6” x 13” x 52” 3UE56 3UE57 3UE58 3UE59 3UE60 F9104 6776
One-Piece, Without Holes, 6” x 13” x 52” 3UE61 3UE62 3UE63 3UE64 3UE65 F9103 6777
Paddle Scraper, Stiff, 4.5” x 6” 38Y592 38Y593 38Y594 9JAV6 38Y595 H1595 7011
Paddle Scraper, Flexible, 4.5” x 6” 38Y596 38Y597 38Y598 9RCL2 38Y599 H1596 7013

Hand and Bench Scrapers 
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
Mini Bench, 5.5” x 3.5” 46MW36 38Y581 38Y582 38Y583 38Y584 38Y585 46MW37 46MW38 — H1593 6959
Bench, 8.5” x 5” 30PC69 2WMG1 2WMG2 2WMG3 2WMG4 2WMG5 5WUJ5 18G806 — F8460 6960
Small Hand, 3” x 8” 30PC70 3UE91 3UE92 3UE93 3UE94 3UE95 31CF81 31CF82 5NAH8 F9102 6961
Large Hand, 4.4” x 9.7” 30PC71 3LB51 3LB52 3LB53 3LB54 3LB55 5WUJ4 18G807 5NAH9 F8986 6962
Hi-Temp, 4.4” x 9.7” — — 38Y586 — — — — — — — 6963
Small SS Hand, 1.5” x 8.9” 52WT59 52WT60 52WT61 52WT62 52WT63 52WT64 52WT65 52WT66 52WT67 — 6971
Large SS Hand, 3” x 8.9” 52WT68 52WT69 52WT70 52WT71 52WT72 52WT73 52WT74 52WT75 52WT76 — 6972

Floor Scrapers 
Description Green Blue Red White Yellow Black Parent ID Manu. Item No.*
Stainless Steel Blade, 10.25” 2RWJ5 2RWJ6 2RWJ7 2RWJ8 2RWJ9 5NAH6 F8432 2910
Nylon Blade, 10.25” 2RWK1 2RWK2 2RWK3 2RWK4 2RWK5 5NAH5 F8431 2911
Food Hoe, 8” x 11” 3KLT8 3KLT7 3KLT9 3KLU1 3KMA2 — E4127 2900
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Pail Hanger 
Description Item No. Manu. Item No.
Pail Bracket, Stainless Steel, 22 lb. capacity  (for 3 gallon pail 5686 and 1.5 gallon pail 5688) 31CF61 16200

Pail and Lid 
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
3 gallon Pail 30PC64 2RVY3 2RVY4 2RVY5 2RVY6 2RVY7 18G945 18G946 2RVY8 F8439 5686
3 gallon Pail Lid 30PC65 2RVY9 2RVZ1 2RVZ2 2RVZ3 2RVZ4 18G943 18G944 2RVZ5 D9074 5687
1.5 gallon Pail 31CF43 31CF44 31CF45 31CF46 31CF47 31CF48 31CF49 31CF50 31CF51 H8704 5688
1.5 gallon Pail Lid 31CF52 31CF53 31CF54 31CF55 31CF56 31CF57 31CF58 31CF59 31CF60 H8705 5689
5 gallon Pail — 48TP25 48TP26 48TP27 48TP28 48TP29 — — — J5101 5692
5 gallon Pail Lid — 48TP30 48TP31 48TP32 48TP33 48TP34 — — — — 5693

Tool Hanger/Wall Bracket 
Description Pink Green Blue Red White Yellow Orange Purple Black  Parent ID Manu. Item No.*
9.5” x 6.3” x 2.5” 30PC73 4FA15 4FA16 4FA17 4FA18 4FA19 9XYD7 18G963 5NAH0 E9634 0615
3.15” x 6.15” x 2.35” for 1-3 Items 30PC41 38Y699 38Y701 38Y702 38Y703 38Y704 38Y705 38Y706 38Y707 H1613 1017
3.15” x 15.5” x 2.35” for 4-6 Items 30PC42 38Y691 38Y692 38Y693 38Y694 38Y695 38Y696 38Y697 38Y698 H1612 1018
Replacement Clips and Pins 30PC43 38Y716 38Y717 38Y718 38Y719 38Y720 38Y721 38Y722 38Y723 H1615 1019
Replacement Hooks and Pins 30PC40 38Y708 38Y709 38Y710 38Y711 38Y712 38Y713 38Y714 38Y715 H1614 1016

Ceiling Squeegee System 
Description Green Blue Red White Yellow Parent ID Manu. Item No.*
Ceiling Squeegee, 3” x 16” 18G851 18G850 18G852 18G853 18G854 G3981 7716
Extension Handle w/Bottle, FGL, Yellow, 8’4” - 15’8” — — — — 18G919 — 6268B
Extension Handle w/Drain, FGL, Yellow, 8’3” - 15’7” — — — — 18G920 — 6268N
Extension Handle w/Bottle, FGL, White, 8’6” - 16’ — — — 18G921 — — 6269B
Extension Handle w/Drain, FGL, White, 8’6” - 16’1” — — — 18G922 — — 6269N
Squeegee Drain Bottle, 32 oz. — — — 18G857 — — RP6946

18G919
Extension Handle w/
Bottle, FGL

18G920
Extension Handle 
w/Drain, FGL

18G921
Extension Handle 
w/Bottle, FGL

18G922
Extension Handle 
w/Drain, FGL

18G850
Ceiling Squeegee

18G857
32 oz. Drain Bottle

2RVY3
3 gallon Pail

48TP26
5 gallon Pail

2RVY9
3 gallon Pail Lid

48TP31
5 gallon Pail Lid

31CF46
1.5 gallon Pail

31CF55
1.5 gallon Pail Lid

31CF61
Pail Mounting Bracket, 
Stainless Steel

30PC73
Wall Bracket

38Y708
Replacement Hooks

38Y701
1-3 Item Wall Bracket

38Y693
4-6 Item Wall Bracket

38Y720
Replacement Clips
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Brushes
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
Dish, Stiff, 2” x 10.5” — 52HK41 52HK42 52HK43 52HK44 52HK45 — — — — 3088
Dish, Soft, 1” x 10.5” 45PC68 8TR46 9UEA9 9RZC9 8ZEU7 8PN31 18G888 — — E4121 4237
Small Dish, Stiff, 1” x 11” — 8X013 8VUW8 8DY47 8ZEU8 9WDH2 — — — E4122 4287
Round Scrub, Stiff, 5” x 5” — 2RWD5 2RWD6 2RWD7 2RWD8 2RWD9 — — — F8421 3885
Scrub, Stiff, 3” x 8” 30PC47 38Y655 38Y656 38Y657 38Y658 38Y659 38Y660 38Y661 38Y662 H1606 3890
Scrub, Soft, 2” x 7” — 9JE93 8TT82 8DKN7 8DZ61 9MDX3 — — — E4118 3587
Scrub, Stiff, 3” x 8” — 8DZ64 9CNJ5 9DVA7 8DZ65 8UWF1 — — — E4120 3892
Hand, Flagged, Soft, 5” x 13.5” — 38Y478 38Y479 38Y480 38Y481 38Y482 — — — H1573 4167
Hand, Flared, Stiff, 5” x 13.5” — 38Y483 38Y484 38Y485 38Y486 38Y487 — — — H1574 4169
Long Churn, Medium, 2.75” x 15.75” — 38Y663 38Y664 38Y665 38Y666 38Y667 — — — H1607 4182
Long Scrub, Stiff, 2.75” x 15.75” 30PC48 38Y668 38Y669 38Y670 38Y671 38Y672 34CJ43 34CJ44 — H1608 4186
Short-Handle, Medium, 2.75” x 10” — 38Y673 38Y674 38Y675 38Y676 38Y677 — — — H1609 4190
Short-Handle, Stiff, 2.75” x 10” 30PC49 38Y678 38Y679 38Y680 38Y681 38Y682 38Y683 38Y684 38Y685 H1610 4192
Short-Handle, Soft, 2.75” x 10” — 38Y686 38Y687 38Y688 38Y689 38Y690 — — — H1611 4194
Narrow Hand, Stiff, 2.76” x 11.22” — 31CF23 31CF24 31CF25 31CF26 31CF27 — — — H8698 4195
Detail, Stiff, .47” x 8.7” — 31CF28 31CF29 31CF30 31CF31 31CF32 — — — H8699 4401
Bench, Soft, 1.25” x 11” — 9CPR3 8DKM7 8ZDZ6 8UVC2 8PM23 — — — E4125 4582
Baker’s, Soft, 2.6” x 14” 30PC50 22UM34 22UM35 22UM36 22UM37 22UM38 34CJ46 34CJ47 22UM39 H6192 4587
Baker’s, Medium, 2.6” x 14” 30PC51 22UM40 22UM41 22UM42 22UM43 22UM44 22UM45 22UM46 22UM47 H6191 4589
Pastry, Supersoft, 1” x 5.5” — — 31CF66 — 31CF65 — — — — — 555030
Pastry, Supersoft, 2” x 5.5” — — 31CF68 — 31CF67 — — — — — 555050
Pastry, Supersoft, 3” x 5.5” — — 31CF70 — 31CF69 — — — — — 555070
Nail, Stiff, 1.5” x 4.5” 30PC52 2RWC9 2RWD1 2RWD2 2RWD3 2RWD4 18G897 18G898 5NAJ2 F8436 6440
Tank, Stiff, 5.5” x 8” 30PC55 2RWE6 2RWE7 2RWE8 2RWE9 2RWF1 18G906 18G907 9W376 F8448 7037
Tank, Soft, 5.5” x 8” — 38Y611 38Y612 38Y613 38Y614 38Y615 — — — H1599 7039
High-Low, Medium/Soft, 5” x 10” 30PC74 2RWF2 2RWF3 2RWF4 2RWF5 2RWF6 18G896 — 45PC54 D9068 7047
Hand Guard, Medium, 2.75” x 20” — — — — 38Y493 — — — — — 4184
CIP, Soft, 4.4” x 20” — — 31CF35 — — — — — — — 5371
CIP, Stiff, 2.5” x 20” — — 31CF36 — — — — — — — 5374

52HK42 
Utility Brush, 
Stiff

38Y493 
Hand Guard Brush, 
Medium

8DY47 
Small Dish Brush, 
Stiff

8DZ61 
Scrub Brush, 
Soft

38Y670 
Long Scrub Brush, 
Stiff

31CF28 
Detail Brush,
Stiff

30PC47 
Scrub Brush, 
Stiff

8ZDZ6 
Bench Brush, 
Soft

38Y480
Hand Brush, Flagged, 
Soft

38Y686 
Short Handle Brush, 
Soft

38Y487 
Hand Brush, 
Flared, Stiff

31CF27 
Narrow Handbrush,
Stiff

38Y663 
Long Churn Brush, 
Medium

9UEA9 
Dish Brush, 
Soft

45PC54
High-Low Brush,
Medium/Soft

31CF70
3” Pastry Brush,
Supersoft

22UM35 
Baker’s Brush, 
Soft

31CF36 
CIP Brush, 
Stiff

30PC52 
Nail Scrub Brush, 
Stiff

2RWE6 
Tank Scrub Brush, 
Stiff
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31CF33
Flexible Rod, 
SS

Ultra Safe Technology
Description Pink Green Blue Red White Yellow Orange Purple Parent ID Manu. Item No.*
Short Handle Brush, UST, Stiff 38EV15 38EV16 38EV17 38EV18 38EV19 38EV20 38EV21 38EV22 J1707 4179
Long Handle Brush, UST, Stiff 38EV23 38EV24 38EV25 38EV26 38EV27 38EV28 38EV29 38EV30 J1708 4196
Bench Brush, UST, Soft 38EV31 38EV32 38EV33 38EV34 38EV35 38EV36 38EV37 38EV38 J1709 4581
Bench Brush, UST, Medium 38EV39 38EV40 38EV41 38EV42 38EV43 38EV44 38EV45 38EV46 J1710 4585
Broom, UST, Soft, 16” 38EV47 38EV48 38EV49 38EV50 38EV51 38EV52 38EV53 38EV54 J1713 3171
Broom, UST, Medium, 16” 38EV55 38EV56 38EV57 38EV58 38EV59 38EV60 38EV61 38EV62 J1711 3173
Deck Scrub, UST, 16” 38EV63 38EV64 38EV65 38EV66 38EV67 38EV68 38EV69 38EV70 J1712 7064

Tube Brushes
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
Tube, Soft, 5” x 4.5” — 38Y606 38Y607 38Y608 38Y609 38Y610 — — — H1598 7035
Tube Brush, Stiff, .6” x 12.2” — — 46MW42 46MW43 — — — — 46MW44 — 5360
Tube Brush, Medium, .8” x 7.9” — 46MW50 46MW51 46MW52 46MW53 46MW54 — — — — 5365
Tube Brush, Medium, 1.6” x 7.9” — 46MW45 46MW46 46MW47 46MW48 46MW49 — — — — 5368
Tube Brush w/Handle, Medium, 2.4” x 20” 45PC55 38Y512 38Y513 38Y514 38Y515 38Y516 45PC57 45PC56 45PC58 H1579 5370
Tube Brush w/Handle, Stiff, .4” x 20” — 38Y517 38Y518 38Y519 38Y520 38Y521 — — — H1580 5375
Tube Brush w/Handle, Stiff, .8” x 20” 45PC59 38Y522 38Y523 38Y524 38Y525 38Y526 45PC61 45PC60 45PC62 H1581 5376
Tube Brush w/Handle, Stiff, 1.6” x 20” 45PC63 38Y527 38Y528 38Y529 38Y530 38Y531 45PC65 45PC64 45PC66 H1582 5378
Tube Brush w/Handle, Soft, 2” x 20” — 38Y532 38Y533 38Y534 38Y535 38Y536 — — — H1583 5379
Tube, Stiff, 4” x 6.5” — 38Y537 38Y538 38Y539 38Y540 38Y541 — — 8CKN5 H1584 5380-103
Tube, Stiff, 2” x 5.75” — 38Y542 38Y543 38Y544 38Y545 38Y546 — — — H1585 5380-50
Tube, Stiff, 2.5” x 6” — 38Y547 38Y548 38Y549 38Y550 38Y551 — — — H1586 5380-63
Tube, Stiff, 3” x 6” — 38Y552 38Y553 38Y554 38Y555 38Y556 — — 9TAF2 H1587 5380-77
Tube, Stiff, 3.5” x 6.25” — 38Y557 38Y558 38Y559 38Y560 38Y561 — — 9PVH4 H1588 5380-90
Tube Brush w/Handle, Stiff, 1” x 3’ — — — — 31CF37 — — — — — 5381
Tube Brush w/Handle, Soft, 2” x 3’ — — — — 31CF38 — — — — — 5382
Tube Brush w/Handle, Soft, 3” x 3’ — — — — 31CF64 — — — — — 5383
Tube Brush w/Handle, Stiff, 1” x 5’ — — — — 31CF39 — — — — — 5386
Tube Brush w/Handle, Soft, 2” x 5’ — — — — 31CF40 — — — — — 5387
Tube Brush w/Handle, Soft, 3” x 5’ — — — — 31CF41 — — — — — 5388
Tube Brush for Flex Rod, .5” x 7.9” — 34CJ48 31CF62 34CJ49 34CJ50 34CJ51 — — — J4180 5354
Tube Brush for Flex Rod, Med, 3.5” x 6.25” — 31CG27 31CG28 31CG29 31CG30 31CG31 — — — H8700 5391
Tube Brush for Flex Rod, 2.4” x 7.9” — 34CJ52 31CF63 34CJ53 34CJ54 34CJ55 — — — J4181 5356
Flexible Rod, SS, 60” — — — — 31CF33 — — — — — 5350
Flexible Rod, SS, 29.5” — — — — 34CJ40 — — — — — 5351
Flexible Rod, Nylon , 60” — — — — 31CF34 — — — — — 5352
Flexible Rod Extension, SS , 30.125” — — — — 34CJ56 — — — — — 5346

31CF62 
Tube Brush
for Flex Rod

38Y512
Tube Brush, 
Medium

38Y519 
Tube Brush, 
Stiff

31CG27
Tube Brush for 
Flex Rod, Medium

46MW43 
Tube Brush, 
Stiff

38Y609
Tube Brush, 
Soft

38EV15
Short Handle 
Brush,
Stiff

38EV24 
Long Handle Brush,
Stiff

38EV33 
Bench Brush,
Soft

38EV42 
Bench Brush,
Medium

38EV52 
Broom,
Soft

38EV61 
Broom,
Medium

38EV67 
Deck Scrub
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Squeegees 
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
Ultra Hygiene 10” 30PC57 20JX78 20JX79 20JX80 20JX81 20JX82 20JX83 20JX84 — H8708 7125
Ultra Hygiene 16” 30PC58 20JX85 20JX86 20JX87 20JX88 20JX89 20JX90 20JX91 20JX92 H8709 7140
Ultra Hygiene 20” — 20JX93 20JX94 20JX95 20JX96 20JX97 — — — H8710 7150
Ultra Hygiene 24” 30PC59 20JY02 20JY03 20JY04 20JY05 20JY06 20JY07 20JY08 20JY09 H8711 7160
Ultra Hygiene 28” — 20JY10 20JY11 20JY12 20JY13 20JY14 — — — H8716 7170
2-Blade Bench, 10” — 38Y647 38Y648 38Y649 38Y650 38Y651 — — — H1605 7711
2-Blade Ultra Hygiene, 20” — 8VU11 9DPM2 8ZD85 8NAJ4 9TWL3 — — — E7779 7713
2-Blade Ultra Hygiene, 24” 30PC60 9PVY0 9DPM3 8TLZ0 9TWL2 9KXD2 9YDW6 34CJ61 18G855 E7780 7714
2-Blade Hygiene Refill 20” — 8NAJ2 9AAA9 9HU04 8WX84 8NAJ5 — — — E7781 7733
2-Blade Hygiene Refill 24” 30PC61 8NAJ7 8NAJ6 8XXG9 8NAX2 8UTY1 38Y652 34CJ62 18G948 E7782 7734
Fixed Head Bench, 10” — 8WZA2 8GDH3 8GDH4 9ARC8 8XPH5 — — — E7048 7751
Fixed Head, 16” — 9TF74 9ARD0 9FLG5 8GDH5 8UWL8 — — — E7049 7752
Fixed Head, 20” — 2RWK6 2RWK7 2RWK8 2RWK9 2RWL1 — — 9A615 E7050 7753
Fixed Head, 24” 30PC62 2RWL3 2RWL4 2RWL5 2RWL6 2RWL7 5WUJ2 18G856 9JR06 E7051 7754
Fixed Head, 28” — 2RWL9 2RWN1 2RWN2 2RWN3 2RWN4 — — — F8430 7755
Swivel Neck, 20” — 31CF97 31CF98 31CF99 31CG01 31CG02 — — — H8718 7763
Swivel Neck, 24” — 31CG03 31CG04 31CG05 31CG06 31CG07 — — — H8719 7764
Swivel Neck, 28” — 46MW55 46MW56 46MW57 46MW58 33F542 — — — — 7765
Bench Squeegee Refill, 10” — — — — 20UJ66 — — — — — 7771
2-Blade Hygiene Refill, 10” — 31CF92 31CF93 31CF94 31CF95 31CF96 — — — H8717 7731
Fixed or Swivel Head Refill, 16” — — — — 31CG09 — — — 9P957 — 7772
Fixed or Swivel Head Refill, 20” — — — — 31CG10 — — — 2RWL2 — 7773
Fixed or Swivel Head Refill, 24” — — — — 31CG11 — — — 2RWL8 — 7774
Fixed or SwivelHead Refill, 28” — — — — 31CG12 — — — 2RXC4 — 7775

30HK44
20” Ultra Hygiene Squeegee 
w/ 51” Handle, FGL

45GP77
20” Ultra Hygiene Squeegee 
w/ 51” Handle, Ultra Hygiene

20JX79
Ultra Hygiene 
Squeegee

38Y647
2-Blade Bench 
Squeegee

9DPM3
2-Blade Hygiene 
Squeegee

31CF94
2-Blade Hygiene Refill

8GDH4
Fixed Head  
Bench Squeegee

31CG03
Swivel Neck Squeegee

Squeegee Kits
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
20” U.H. Squeegee w/ 51” Handle, FGL — 30HK42 30HK43 30HK44 30HK45 30HK46 — — — H8712 7150/2936
20” U.H. Squeegee w/ 59” Handle, FGL — 30HK47 30HK48 30HK49 30HK50 30HK51 — — — H8713 7150/2938
20” U.H. Squeegee w/ 51” Handle, U.H. — 45GP76 45GP77 45GP78 45GP79 45GP80 — — — J2580 7150/2960
20” U.H. Squeegee w/ 59” Handle, U.H. — 45GP90 45GP91 45GP92 45GP93 45GP94 — — — J2582 7150/2962
24” U.H. Squeegee w/ 51” Handle, FGL — 30HK52 30HK53 30HK54 30HK55 30HK56 — — — H8714 7160/2936
24” U.H. Squeegee w/ 59” Handle, FGL — 30HK57 30HK58 30HK59 30HK60 30HK61 — 30HK62 — H8715 7160/2938
24” U.H. Squeegee w/ 51” Handle, U.H. 45GP81 45GP82 45GP83 45GP84 45GP85 45GP86 45GP87 45GP88 45GP89 J2581 7160/2960
24” U.H. Squeegee w/ 59” Handle, U.H. 45GP95 45GP96 45GP97 45GP98 45GP99 45GR01 45GR02 45GR03 45GR04 J2583 7160/2962
20” Fixed Head Squeegee w/ 51” Handle, FGL — 2RWT8 2RWT9 2RWU1 2RWU2 2RWU3 — — — D9057 7753/2936
20” Fixed Head Squeegee w/ 59” Handle, FGL — 2RWU4 2RWU5 2RWU6 2RWU7 2RWU8 — — — D9058 7753/2938
24” Fixed Head Squeegee w/ 51” Handle, FGL — 2RWU9 2RWX1 2RWX2 2RWX3 2RWX4 — — 38Y653 D9059 7754/2936
24” Fixed Head Squeegee w/ 59” Handle, FGL — 2RWX5 2RWX6 2RWX7 2RWX8 2RWX9 — 38Y654 — D9061 7754/2938
28” Fixed Head Squeegee w/ 51” Handle, FGL — 2RWY1 2RWY2 2RWY3 2RWY4 2RWY5 — — — D9062 7755/2936
28” Fixed Head Squeegee w/ 59” Handle, FGL — 2RWY6 2RWY7 2RWY8 2RWY9 2RWZ1 — — — D9063 7755/2938
- U.H. indicates Ultra Hygiene

30HK61
24” Ultra Hygiene Squeegee 
w/ 59” Handle, FGL

45GP96
24” Ultra Hygiene Squeegee 
w/ 59” Handle, Ultra Hygiene



9

Brooms 
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
Angle Lobby, Stiff 1.5” x 9.5” — 9KDJ6 9WT80 9T234 9DW28 8DUN5 48TP35 — 46MW41 E4153 2914
Floor, Stiff, 3”x 12” — 38Y442 38Y443 38Y444 3ZDX2 38Y445 — — 8Z598 G3978 2915
Floor, Stiff, 2.5” x 19” — 2RWH9 2RWJ1 2RWJ2 2RWJ3 2RWJ4 — — — E9581 2920
Lobby, Soft, 1.5” x 9.5” — 8ZGG2 8DZ12 9X290 9CTL1 9CT15 — — — E4154 3104
Upright, Medium, 2” x 11.5” — 2RWF7 2RWF8 2RWF9 2RWG1 2RWG2 31CG25 31CG26 5NAH4 D9069 3166
Floor, Soft/Stiff Combo, 2” x 16” 30PC53 9K635 8AWC0 9AAW5 9UCC3 9WAU0 34CJ45 18G873 18G872 E9580 3174
Floor, Soft, 2”x 16” — 8VRX7 9UCC4 9K636 9RXY0 8AWC2 — — — E9582 3178
Floor, Medium, 2” x 16” 30PC54 2RWG8 2RWG9 2RWH1 2RWH2 2RWH3 5WUJ6 18G879 — D9072 3179
Floor, Soft/Stiff Combo, 2” x 24” — 2RWH4 2RWH5 2RWH6 2RWH7 2RWH8 — — 45PC67 D9073 3194
Floor, Soft, 2”x 24” — 38Y467 38Y468 38Y469 38Y470 38Y471 38Y472 18G882 18G881 H1571 3199
Deck Scrub Brush, Stiff — 2RWG3 2RWG4 2RWG5 2RWG6 2RWG7 18G885 — — D9071 7041
Wall Brush, Soft — 31CF87 31CF88 31CF89 31CF90 31CF91 — — — H8707 7043
Scrub, Stiff/Medium, 3”x 10” — 38Y616 38Y617 38Y618 38Y619 38Y620 — — — H1600 7044
Deck Scrub, Stiff, 3”x 12” 30PC56 38Y631 38Y632 38Y633 38Y634 38Y635 9YF58 18G886 8UPK7 G3980 7060
Deck Scrub, Stiff, 2.5”x 19” — 38Y641 38Y642 38Y643 38Y644 38Y645 — — — H1604 7062

9KDJ6 
Angle Lobby Broom, 
Stiff

38Y443 
Floor Broom, 
Stiff

9X290 
Lobby Broom, 
Soft

2RWF7 
Upright Broom, 
Medium

2RWH8 
Floor Broom, Soft/Stiff 
Combo

18G881 
Floor Broom, 
Soft

31CF87 
Wall Brush, 
Soft

38Y617 
Scrub Brush, 
Stiff/Medium

18G886 
Deck Scrub Brush, 
Stiff

38Y643 
Deck Scrub,  
Stiff

30PC53 
Broom, Soft/Stiff 
Combo

18G885
Deck Scrub Brush,
Stiff

18G923
Handle, 
Aluminum

38Y452
Mini Handle, 
Polypropylene

2RWP8
Handle,
Fiberglass

9T260
Telescopic Handle,
Aluminum

18G932
Handle,
Aluminum

38Y466
Handle,
Stainless Steel

35NJ85
Handle-Ultra Hygiene, 
Polypropylene

Handles 
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
Handle, AL, 39” — 35NK18 35NK19 35NK20 35NK21 35NK22 — — 35NK23 J0321 2933
Mini Handle, 6.5” — 38Y451 38Y452 38Y453 38Y454 38Y455 — — — H1569 2934
Handle, AL, 51” 30PC44 2RWR7 2RWR8 2RWR9 2RWT1 2RWT2 9YFY6 18G931 34CJ39 E9583 2935
Handle, FGL, 51” — 2RWP6 2RWP7 2RWP8 2RWP9 2RWR1 — — 5NAH3 F8427 2936
Handle, AL, 59” 30PC45 2RWT3 2RWT4 2RWT5 2RWT6 2RWT7 18G932 18G933 9NTM5 F8425 2937
Handle, FGL, 59” 30PC46 2RWR2 2RWR3 2RWR4 2RWR5 2RWR6 34CJ59 18G934 34CJ60 F8426 2938
Handle, Stainless Steel, 59” — 18G927 18G926 18G928 18G929 18G930 — — — G3982 2939
Handle, AL, 51” — — — — 18G923 — — — — — 2945
Handle, AL, 25.6” — — 31CG19 — — — — — — — 2951
Handle, AL, 52” — 35NK10 35NK11 35NK12 35NK13 35NK14 35NK15 35NK16 35NK17 J0320 2958
Handle, AL, 59” — 38Y456 18G936 38Y457 18G937 38Y458 34CJ41 34CJ42 — G3984 2959
Handle-Ultra Hygiene, PP, 51” 35NJ85 35NJ86 35NJ87 35NJ88 35NJ89 35NJ90 35NJ91 35NJ92 35NJ93 J0317 2960
Handle-Ultra Hygiene, PP, 59” 35NJ94 35NJ95 35NJ96 35NJ97 35NJ98 35NJ99 35NK01 35NK02 35NK03 J0318 2962
Handle-Ultra Hygiene, PP, 67” — 35NK04 35NK05 35NK06 35NK07 35NK08 — — — J0319 2964
Handle, FGL, 67” — 38Y459 18G924 38Y460 18G925 38Y461 — — — G3985 2972
Telescopic Handle, AL, 64” - 115” — 9T260 9ANU2 8DNG5 8TP83 8DR48 — — 5NAH2 E4132 2975
Extension Handle, FGL, 7’2” - 18’5” — — — — 31CG24 — — — — — 2977
Handle, AL, 26” — 18G915 18G914 18G916 18G917 18G918 — — — G3983 2981
Handle, Stainless Steel, 39.5” — 38Y462 38Y463 38Y464 38Y465 38Y466 — — — H1570 2983
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Tubs and Undercarriages 
Description Green Blue Red White Yellow Manu. Item No.
Kart Tub, 54.7” x 30.5” x 20.6” 48ZU68 48ZU69 48ZU70 4LMJ3 48ZU71 6901
Tub Lid, 55.5” x 31” x 2” 48ZU72 48ZU73 48ZU74 4LMJ4 48ZU75 6902
Undercarriage , 43.5” x 27.25” x 18.5” — — — 4LMJ5 — 6903
Low Undercarriage , 40” x 35” x 10” — — — 4LMJ7 — 6904
Kart Tub, w/ Plug, 54.7” x 30.5” x 20.6” — — — 9CKA6 — 6905
Stainless Steel Undercarriage , 43.5” x 27.25” x 18.5” — — — 4LMJ6 — 6906
Hopper Tub, 46.6” x 26” x 16.2” 48ZU76 48ZU77 48ZU78 4LMJ8 48ZU79 6911
Tub Lid , 47” x 26.5” x 1.7” 48ZU80 48ZU81 48ZU82 4LMK1 48ZU83 6912
Undercarriage , 42.5” x 21.5” x 9.5” — — — 4LMK2 — 6913
Hopper Tub, w/ Plug, 46.6” x 26” x 16.2” — — — 4LMJ9 — 6915
Aero-Tote, 40” x 36” x 21.1” — — — 4LMK3 — 6921
Aero-Tote Lid , 41” x 36.5” x 2” — — — 4LMK4 — 6922
Aero-Tote Pallet , 37.2” x 32.7” x 9.5” — — — 4LMK5 — 6923
Aero-Tote Tub, w/ Plug, 40” x 36” x 21.1” — — — 31CF80 — 6925

48ZU68
Kart Tub

48ZU72
Tub Lid

4LMJ5 
Undercarriage

4LMJ7 
Low Undercarriage

48ZU77 
Hopper Tub

48ZU81 
Tub Lid

4LMK2
Undercarriage

4LMK3
Aero-Tote

4LMK4 
Aero-Tote Lid

4LMK5 
Aero-Tote Pallet

52DH28
Dipping Bowl,
32 oz.

30PC67
Small Ingredient 
Scoop, 32 oz.

9LEJ1
Mega Scoop,
Dipper version

18G820
Mini Ingredient
Scoop, 16 oz.

8TLC3
Large Ingredient
Scoop, 82 oz.

2RVX9
Mega Scoop,
128 oz.

Scoops 
Description Pink Green Blue Red White Yellow Orange Purple Parent ID Manu. Item No.*
Mini Ingredient Scoop, 16 oz. 30PC66 18G821 18G820 18G822 18G823 18G824 38Y726 38Y727 G3975 6300
Small Ingredient Scoop, 32 oz. 30PC67 2RPD9 2RPE3 2RVX4 2RVX5 2RVX6 38Y724 38Y725 F8523 6400
Large Ingredient Scoop, 82 oz. 8CLH6 3UE71 3UE72 3UE73 3UE74 3UE75 8TLC3 8VTA1 E0612 6500
Mega Scoop, 128 oz. — 2RVX7 2RVX8 2RVX9 2RVY1 2RVY2 34FW16 — F8440 6550
Mega Scoop, 128 oz., Dipper version — 8DR45 9WFM8 8UVT1 9JD64 9LEJ1 46MW33 — E4131 6552
Dipping Bowl, 32 oz. 52DH27 52DH28 52DH29 52DH30 52DH31 52DH32 52DH33 52DH34 — 5681
Dipping Bowl, 64 oz. — 52DH35 52DH36 52DH37 52DH38 52DH39 — — — 5682

52DH36
Dipping Bowl,
64 oz.
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Metal Detectable
Description MD Green MD Blue MD Red MD Gray Parent ID Manu. Item No.*
Small Ingredient Scoop, 32 oz. 9KCX4 9U801 8DZ84 8TUF3 E4439 6400MD
Large Ingredient Scoop, 82 oz. 8E356 8E357 9G089 8TRR0 E4440 6500MD
One-Piece Paddle Scraper, w/o Holes, 6” x 13”x 52” 8DRF4 9LG15 8DPV0 8X070 E4436 6777MD
Mini Bench Sraper, 5.5” x 3.5” 18G808 18G810 18G809 18G811 G3976 6959MD
Bench Scraper, 8.5” x 5” 18G802 18G804 18G803 18G805 G3977 6960MD
Small Hand Scraper, 8” x 3” 8E303 8E304 8RNZ1 8DZ83 E4437 6961MD
Large Hand Scraper, 9.7” x 4.4” 8NNH7 9KCY9 9KCZ0 9WJ64 E4438 6962MD
One-Piece Hygienic Shovel, 11” 8X072 8DRD8 9KCX8 9CVA1 E4433 6981MD
One-Piece Hygienic Shovel, 14” 8NNJ2 8DPV6 8RNZ5 9LG09 E4434 6982MD

9KCX4 
Small Ingredient 
Scoop

9LG15 
Paddle Scraper 
w/o Hole

18G803 
Bench Scraper

8E303
Hand Scraper

8DRD8 
Hygienic Shovel

Hazmat Squeegees and Handles 
Description Item No. Manu. Item No.*
Handle, Fiberglass, White, 12” 31CF71 6012
Handle, Fiberglass, White, 24” 31CF72 6024
Handle, Fiberglass, White, 36” 31CF73 6036
Handle, Fiberglass, White, 53” 3ZDX4 6053
Handle, Fiberglass, White, 61” 31CF74 6061
Handle, Fiberglass, White, 72” 31CF75 6072
Handle, Fiberglass, White, 80” 31CF76 6080
Extension Utility Handle, Fiberglass, 28”- 47” 3ZEA5 6228
Extension Utility Handle, Fiberglass, 6’10” - 11’9” 31CF77 6264
Extension Handle, Fiberglass, 8’4” - 15’8” 31CF78 6268
Extension Handle, Fiberglass, 8’4” - 15’8” 31CF79 6269
Handle, Fiberglass, White, 24” 8CKN6 6024DRN
Handle, Fiberglass, White, 36” 9HM92 6036DRN
Handle, Fiberglass, White, 53” 9G581 6053DRN
Curved Squeegee, White, 28” 3ZEA3 6530
Curved Squeegee, 28” / Handle, Fiberglass, White, 53” 3ZEA1 6530/6053
Squeegee, 8” 34CJ63 6608
Squeegee, 12” 3ZDZ2 6612
Squeegee, 12” / Handle, Fiberglass, White, 12” 3ZDY9 6612/6012
Squeegee, 18” 34CJ64 6618
Squeegee, 24” 3ZDZ6 6624
Squeegee, 24” / Handle, Fiberglass, White, 53” 3ZDZ4 6624/6053
Squeegee, 30” 3ZEC6 6630
Squeegee, 30” / Handle, Fiberglass, White, 53” 3ZEC4 6630/6053

31CF72
Hazmat Handle, 
Fiberglass

8CKN6
Hazmat Handle, 
Fiberglass

3ZEA5
Extension Utility 
Handle

31CF79 
Extension Handle, 
Fiberglass

3ZEA3
Curved Squeegee

3ZDZ2
Hazmat Squeegee



*Remco Products base model numbers.  Available in colors.

For more information contact your Grainger Representative 
or visit Grainger.com®.

Note: All brooms, loor scrapers, and squeegees must use a Euro-thread handle. 

Waterfed System 
Description Green Blue Red White Yellow Orange Black Parent ID Manu. Item No.*
Quick Hose Connect Fitting — — — — — — 31CG32 — 0703US
Water Gun 31CG13 31CG14 31CG15 31CG16 31CG17 — 31CG18 H8720 9324
Waterfed Telescopic Handle w/o Fitting — — — 31CG20 — — — — 2973
Waterfed Telescopic Handle, Aluminum, Q-Disc — — — 31CG21 — — — — 2973Q
Waterfed Handle, AL, 59” — — — 31CG22 — — — — 29915
Waterfed Handle, Aluminum, Q-Disc , 59” — — — 31CG23 — — — — 29915Q
Waterfed Hand Brush, Stiff — 46MW40 — 31CG08 — — — — 7056Q
Deck Scrub Brush, Stiff 2RWG3 2RWG4 2RWG5 2RWG6 2RWG7 18G885 — D9071 7041
Wall Brush, Soft 31CF87 31CF88 31CF89 31CF90 31CF91 — — H8707 7043
Waterfed Wall Brush, Supersoft/Split 9DTG8 9NXT6 9KA06 9WAG7 8ZE13 35NK09 — E4126 7067

Dust Pan
Description Pink Green Blue Red White Yellow Orange Purple Black Parent ID Manu. Item No.*
Hygienic Dust Pan, 12” 30PC63 9MDK6 8C179 9CH27 4YMN2 8XPY4 18G912 18G913 38Y570 E9612 5660
Non-Food Grade Dust Pan, 12” — — — — — — — — 5NAH1 — 6350

Pad Holder System 
Description Green Blue Red White Yellow Orange Parent ID Manu. Item No.*
Floor Model, 3.75” x 9” 9NNM2 8C008 8C009 9LEM7 8C010 34AZ01 E9585 5500
Handheld Model, 3.75” x 9” 9JXL7 8ULP3 8C122 8C123 9HYK6 — E9584 5510

Replacement Pads for Pad Holder System 
Description Item No. Manu. Item No.
Heavy-Duty (Brown) Pad 10 pack, 0.8” x 4.5” x 10” 3LFV5 5523-10PK
Medium (Blue) Pad 10 pack, 0.8” x 4.5” x 10” 3LFV3 5524-10PK
Soft (White) Pad 10 pack, 0.8” x 4.5” x 10” 3LFV1 5525-10PK

30PC63
Dust Pan

2RWG5
Deck Scrub,
Stiff

31CG14
Water Gun

31CG21
Telescopic
Handle

31CF91
Wall Brush,
Soft

31CG32
Quick Hose
Connect

9DTG8
Wall Brush,
Supersoft/Split

31CG08
Hand Brush,
Stiff

9NNM2
Pad Holder,
Floor

8C122
Pad Holder,
Handheld

3LFV3
Medium
Replacement Pad

3LFV5
Heavy-Duty
Replacement Pad

3LFV1
Soft
Replacement Pad

31CG23
Handle,  
Aluminum


